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Nl |quantity | Reference [value __ |Rating__|Voltage [Tolerance _|Type ___|PCB Footprint ManufacturerPN | Manufacturer |
C2 C3C8C11C26
9 (C28C30C31C32 1uF 16V +10% X7R C0603 C0603X7R160-105K Venkel
3 C24C27C29 0.01uF 16V +20% X7R C0603 C0603X7R160-103M Venkel
1 C39 33pF 25V +10% C0G C0402 C0402C0G250-330K Venkel
C4C6C12C13
C14 C35 C36 C37
9 C38 0.1uF 1ov +10% X7R C0402 | C0o402L C0402X7R100-104K Venkel
2 C5C25 4.7uF 1oV +20% X7R C1206 C1206X7R100-475M Venkel
1 Cc9 10uF 1o0v +20% X7R C1206 C1206X7R100-106M Venkel
2 D14 D15 LTL-14CHJ 20mA LED-T1-KK LTL-14CHJ LITE-ON TECHNOLOGY CORP
1 D5 SPO503BAHT 300mW 20V TVS SOT143-AKKK|SOT143 SPO503BAHTG Littlefuse
D6 D7 D8 D9 D10
7 D11 D12 GLO5T-E3-08 5A 11V Dual Common Anode SOT23-123 GLO5T-E3-08 Vishay
1 FB1 22 Ohm 6000mA SMT L0805 BLM21PG220SN1 MuRata
1 J2 USB Type B usB CONN-USB-B 61729-0010BLF FCl
1 3 ENCLOSURE N/A Emulator7045 Shanghai Zhongxingda Electronics
4 R1R11R12R65 1K 1/16W +1% ThickFilm R0402 CR0402-16W-1001F Venkel
R13 R16 R26 R27
R40 R41 R42 R43
10 R59 R67 10K 1/16W +1% ThickFilm R0402 |RO402L CR0402-16W-1002F Venkel
4 R14 R15R24 R25 2.49K 1/16W +1% ThickFilm R0402 CR0402-16W-2491F Venkel
1 R28 1.0 1/16W +1% ThickFilm R0402 CR0402-16W-1R00F Venkel
R29 R30 R31 R32
8 R35R37R38R68 0 1A ThickFilm R0402 |R0402L CR0402-16W-000 Venkel
1 R3 100 1/16W +1% ThickFilm R0402 CR0402-16W-1000F Venkel
1 R33 4.42K 1/16W +1% ThickFilm R0402 CR0402-16W-4421F Venkel
1 R34 9.53K 1/16W +1% ThickFilm R0402 CR0402-16W-9531F Venkel
1 R36 5.9K 1/16W +1% ThickFilm R0402 CR0402-16W-5901F Venkel
2 R39 R66 1.0 3/4W +1% ThickFilm R1210 CRCW12101RO0FKEAHP Vishay Dale
2 R44 R47 8.06K 1/16W +0.1% +25PPM R0402 TFCR0402-16W-E-8061B Venkel
2 R45 R48 17.4K 1/16W +1% ThickFilm R0402 CR0402-16W-1742F Venkel
2 R46 R49 21.5K 1/16W +1% ThickFilm R0402 CR0402-16W-2152F Venkel
2 R50 R51 20K 1/10W +1% ThickFilm R0603 CR0603-10W-2002F Venkel
4 R55R56 R57 R58 402 1/16W +1% ThickFilm R0402 CR0402-16W-4020F Venkel
1 R62 499 1/16W +1% ThickFilm R0402 |R0402L CR0402-16W-4990F Venkel
2 R63 R64 470 1/16W +5% ThickFilm R0402 CR0402-16W-471) Venkel
2 R9 R10 10.0K 1/10W +0.1% +25PPM RO603 ERA-3AEB103V Panasonic
2 SF1SF2 SPACER N/A 7363 Keystone Electronics
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1 Ul DS2431 SOJ6N4.45P1.27 DS2431P+ Maxim
1 u12 TPS76201 100mA LDO SOT5N2.8P0.95 TPS76201DBV Tl
2 uil3 ui4 TPS79501 500mA LDO DFN8N3.0P0.65E2.4X1.65 TPS79501DRBT TI
1 u16 ADG719 SOT6N2.8P0.95 ADG719BRTZ Analog Devices
1 ui7 NLSV1T244 .9-4.5V Buffer UDFN6N1PO0.4 NLSV1T244MUTBG On Semi
1 u2 C8051F380 MCU QFP48N9X9P0.5 CF380P1104AGQ SiLabs
2 U3 u8 ADG712 TSSOP16N6.4P0.65 ADG712BRU Analog Devices
1 us LTC4311 5.5V SC70-6N2.1P0.65 LTC4311CSC6#TRMPBF Linear Technology
1 ue PCA9517D 12C SO8N6.0P1.27 PCA9517D NXP
1 X1 2X5 Header Shrouded = CONN2X5-RA-SBH11 SBH11-PBPC-D05-RA-BK Sullins Connector Solutions
Not Installed Components
NI Quantity Reference Value Rating Voltage Tolerance Type PCB_Footprint ManufacturerPN Manufacturer
NI 2 C10 C40 1uF 16V +10% X7R C0603 C0603X7R160-105K Venkel
NI 1 Cc7 0.1uF 10V +10% X7R C0402|C0402L C0402X7R100-104K Venkel
NI 1 JP1 HEADER 4X1 Header CONN-1X4 TSW-104-07-T-S Samtec
NI 2 R60 R61 0 1A ThickFilm R0O603 CR0603-16W-000 Venkel
TP1TP2 TP3 TP9
NI 5 TP10 RED Loop TESTPOINT 151-207-RC Kobiconn
NI 1 TP7 BLUE Loop TESTPOINT 151-205-RC Kobiconn
NI 1 TP8 BLACK Loop TESTPOINT 151-203-RC Kobiconn
NI 1 U4 AD8628 5V OPAMP SOT23-5N AD8628AUJ-R2 Analog Devices




