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RF Exposure Compliance Declaration 
 
BGM13S22N transmitter characteristics 
 
Operating frequency range    =  2402 MHz – 2480 MHz 
Maximum conducted peak power   = 9.6 dBm 
Antenna peak gain      = 2.14 dBi 
Maximum EIRP      =  11.7 dBm / 14.8 mW 
 
 
Referring to RSS-102 issue 5,  
 
2.5.1 Exemption from Routine Evaluation Limits – SAR Evaluation 
SAR evaluation is required if the separation distance between the user and/or bystander and the 
antenna and/or radiating element of the device is less than or equal to 20 cm, except when the device 
operates at or below the applicable output power level (adjusted for tune-up tolerance) for the 
specified separation distance defined in Table 1 of RSS102 Issue5.  
As shown in the Table 1 of RSS102 Issue5 the maximum EIRP at separation distance 15 mm is 15 
mW.   
 
Conclusion: 
With BGM13S22 SAR evaluation is not required when the separation distance to human body is 15 
mm or more. 
 
2.5.2 Exemption from Routine Evaluation Limits – RF Exposure Evaluation 
RF exposure evaluation is required if the separation distance between the user and the 
device is greater than 20 cm, except when the device operates as follows: 
... 
... 
- at or above 300 MHz and below 6 GHz and the source-based, time-averaged maximum e.i.r.p. of 
the device is equal to or less than 1.31 x 10-2 ƒ0.6834 W (adjusted for tune-up tolerance), where ƒ is in 
MHz. 
… 
 
 
Substituting ƒ=2480 gives result 2.74W 
 
Conclusion: 
Because the EIRP of BGM13P22 is less than 2.74W RF exposure evaluation is not required when the 
separation distance is more than 20 cm 
 

 
 
 
 
 
 


