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NI Quantity Reference Value Rating Voltage Tolerance Type PCB_Footprint ManufacturerPN Manufacturer

5 C1 C2 C3 C4 C5 0.1uF 10V ±10% X7R C0402|C0402L C0402X7R100-104K Venkel

2 C6 C7 10uF 10V ±20% X7R C1206 C1206X7R100-106M Venkel

1 R2 0 1A ThickFilm R0402|R0402L CR0402-16W-000 Venkel

4 SF1 SF2 SF3 SF4 BUMPER RUBBER_FOOT_SMALL SJ61A6 3M

1 U1 44QFN-SKT, 7x7x0.5mm QFN QFN44N7X7P0.5-SKT-WELLS-CTI 790-41044-101G Sensata

1 U2 DS2431 SOJ6N4.45P1.27 DS2431P+ Maxim

1 X2 2X5 FEMALE CONN CONN2X5-FRA-SFH11 SFH11-PBPC-D05-RA-BK Sullins Connector Solutions

Not Installed Components

NI Quantity Reference Value Rating Voltage Tolerance Type PCB_Footprint ManufacturerPN Manufacturer

NI 1 R1 1K 1/16W ±1% ThickFilm R0402 CR0402-16W-1001F Venkel

NI 1 R3 182 1/16W ±1% ThickFilm R0402 CR0402-16W-1820F Venkel

NI 3 TP1 TP2 TP3 RED Loop TESTPOINT 151-207-RC Kobiconn

NI 3 TP4 TP5 TP6 BLUE Loop TESTPOINT 151-205-RC Kobiconn

NI 1 TP7 BLACK Loop TESTPOINT 151-203-RC Kobiconn
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